
GRUNDFOS 
IMMERSIBLE

PUMPS

Purpose designed pumps
The Grundfos programme of immersible

pumps comprising the MTH, SPK, CRK,

MTR and MTA series is specially designed

for circulation of coolants and lubricants

for machine tools, transfer of condensate

and other specific purposes where an

immersible pump is advantageous. Each

model has its own unique characteristics,

and customised pumps can be provided

for special requirements such as MGE

motors and special voltages, shaft seals,

flanges and pump lengths.

High Performance
The versatile Grundfos pumps are de-

signed for reliable, trouble-free operation

under the most demanding circumstances

that industrial applications entail. The

series comprises a variety of models of

high-performance centrifugal pumps,

capable of delivering from 0.5 to 90 m3/h

at a pressure of up to 25 bar. 
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SPK 1, 2, 4 & 8 
The Grundfos SPK series of immersible pumps is designed

for the low to medium flow range. The steep performance

curve offered by the SPK models makes these pumps par-

ticularly suitable for applications requiring a uniform

flow at varying pressures. 

The SPK pumps are very flexible with regard to installation

depth as empty chambers can be fitted. In addition, the

pumps can be fitted with an extension pipe providing in-

stallation depths of up to 1005 mm.

A special priming screw protects against dry running.

However, SPK pumps are capable of withstanding shorter

periods of dry running.

As standard, the SPK pumps are available in a stainless

steel version, designated SPKI. All pump parts are made

of high-grade stainless steel.

The SPK/SPKI pumps are capable of delivering from 0.5 

to 12 m3/h at a pressure of up to 9 bar.
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50 Hz

SPK 1, 2, 4, 8

CRK 2, 4, 8, 16

MTR 32, 45, 64

MTH 2, 4, 
8, 12, 16

MTA/MTAD 3, 4, 7/7

Performance Curves

Worldwide Service
Grundfos offers an efficient worldwide service network

through companies in more than 50 countries on five

continents. Experienced service technicians and all neces-

sary spare parts can be made available at short notice prac-

tically anywhere, regardless of where a pump may finally

be employed.
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